
T H E W O R L D L E A D E R I N D S P A N D A N A L O G

Highlighting military versions of TI’s high performance DSPs

February 2002

Production Released - Available Now

Texas Instruments Incorporated (TI), the
world leader in digital signal processors (DSP)
and analog, is announcing the release of military
versions of the C6201B, C6701, and C6203 DSPs.
Designers of high performance military systems
can take advantage of the design flexibility and
reduced time-to-market afforded by the state-of-
the-art eXpressDSP™ Real-Time Software
Technology and the Code Composer Studio™
Integrated Development Environment (IDE). TI’s
military offering includes pinout & code compati-
ble, fixed- and floating-point DSPs. Give me more!

ii nn ss ii dd ee

AAddaa   9955
AAvvaa ii llaabbll ee   ffoorr

CC66000000™™

www.ti.com/sc/docs/military

HHiigghhlliigghhttss
Military C6000™

DSPs - process &
speed options

Page 2

AArrcchhiitteeccttuurree
C6000 VelociTI™,

CPU cores and
peripherals

Page 3

DDeevveellooppmmeenntt
EEnnvviirroonnmmeenntt

Code Composer
Studio™ 1.2

Page 4

DDSSPP  TToooollbbooxx
Page 5

MMoorree
TI worldwide

technical
support

Overleaf

TM



TI’s Military Products Division
remains focused on maintaining 

its leadership position as a broad-
based supplier to the military

semiconductor market. Offering the
industry’s most powerful signal pro-
cessing capability to the military,
the C6000 platform includes
C62x™ fixed-point DSPs with per-
formance levels ranging from 1200
million instructions per second
(MIPS) up to 1600 MIPS. The
extended-temp C67x™ floating-
point devices start at 840 million
floating-point operations per sec-
ond (MFLOPS), and a 1 GFLOPS
speed (1 billion floating-point oper-
ations per second), extended-temp
option is roadmapped for release. 

The C6000 platform is well
suited for "multi-channel" fixed-
point and "raw performance" float-
ing-point intensive applications. To
accommodate the performance
needs of emerging technologies, TI
will continue to deliver the highest
performance DSPs in the world.
The C6000 platform provides a fully
software-compatible, higher per-
formance roadmap with speeds up
to 1.1 GHz and performance up to
8,800 MIPS for the C64x™ genera-
tion fixed-point devices. The C64x
carries on the TI tradition of easi-
est-to-use DSPs with the world’s
best C compiler efficiency. 

C6000 Enables Performance
& Flexibility
TI delivers this leap-frog perform-
ance through the revolutionary
VelociTI™ advanced Very Long
Instruction Word (VLIW) DSP
architecture and a combination of
21st century hardware and devel-
opment tools that all C6000
devices have in common. With this
common architecture, the C67x
floating-point and C62x fixed-point
devices share more than high per-
formance. Current C67x DSPs are
code and pinout compatible with
their counterparts in the C62x
fixed-point generation, enabling
designers to prototype their
designs using floating-point and
quickly move to fixed-point to
achieve cost savings in production.

The platform creates a new
system-design paradigm that rep-
resents a shift from a hardware-
centric environment to a software-
based model that promotes faster
time-to-market and easy, extensi-
ble product development. To sup-
port this new design paradigm, the
C6000 development tools are
designed to provide users maxi-
mum throughput via the platform’s
highly parallel, advanced VLIW
architecture. These tools create an
easy-to-use environment that opti-
mizes DSP device performance
and minimizes technical barriers to
software and hardware design.

The C6000 advanced devel-
opment environment features an
ultra-efficient C compiler, the indus-
try's first Assembly Optimizer and
Code Composer Studio – a fully
integrated suite of DSP software
development tools. Along with
these tools, designers utilizing TI's
C6000 devices get the assurance
of a strong third-party support base
that further simplifies the design
and development of C6000-based
end-equipment. Across the globe,
more than one thousand third-party
products support innovation based
upon TI DSPs, and more are being

Key Features:
•Pinout and code compatibility between
fixed- and floating-point DSPs

•Extended-temp performance up to 1600
MIPS and 840 MFLOPS

•Available to QML/DSCC Standard
Microcircuit Drawings

•Code Composer Studio TI’s new
advanced development environment

•Industry’s most advanced optimizing DSP
C compiler

•Assembly Optimizer efficiently schedules
tasks for maximum performance

•Ada 95 compiler: C6201B, C6701

High Performance Roadmap:

Process-Speed Options:
•SM-level / Commercial processing
•SMJ-level / MIL-PRF-38535 QML
•Supplied to DSCC Standard Microcircuit
Drawings (SMD)

•Up to 200 MHz for the C6201B, C6203
•Up to 140 MHz for the C6701 (167 MHz
speed option is available, “S” temp)

•-40°C to 90° “S” temperature range
•-55°C to 115°C “W” temperature range
•-55°C to 125°C “M” temperature range

Package Options:
•Ceramic dimpled ball grid array (GLP)
•429-ball fully populated array
•27 x 27 mm package outline
•1.27 mm ball pitch
•3.3 mm package height
•81% reduction in package parasitics
•94% reduction in board space requirements
when compared to the standard ceramic
quad flatpacks of similar lead count
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C6000 Platform:
• One architecture
• One tool set
• Code Compatible



developed every day. TI makes it
easy to complete your DSP design
with compatible data converters and
power supply products designed to
interface with TI's C6000 DSPs.

Advanced Packaging
The military's requirement for high-
performance, hermetic packages
can be best served by the ceramic
dimpled ball grid array package.
The GLP CBGA utilizes a fully pop-
ulated 429-ball array that measures
27 mm x 27 mm and offers an 81%
reduction in package parasitics and
a 94% reduction in board space
when compared to the standard
ceramic quad flatpacks of similar
lead count. Thermal performance is
dramatically improved. Typical ther-
mal resistance values for the pack-
age are: RqJA=14.47°C/W and
RqJC=7.34°C/W. 

C6000 VelociTI Architecture
All of the C6000 devices are based
on the same CPU architecture fea-
turing VelociTI, a
highly parallel and
deterministic archi-
tecture that empha-
sizes software-
based flexibility and
maximum code per-
formance. 

Several high-
level language cod-
ing options exist,
and these currently
include Ada and C.
The C compiler
offers up to 80%
code cycle efficiency
when compared to
hand-coded assem-
bly. Another pro-
gramming option is
to use the industry's
first Assembly
Optimizer. This tool
converts the devel-
oper’s serial assem-
bly code into effi-
cient parallel code

resulting in the execution of up to 8
instructions per cycle. For military
system designers, this means faster
time-to-market for highly integrated
and differentiated products.

The eight functional units of
the C6000 core, including two multi-
pliers and six arithmetic units, are
highly orthogonal and provide the
compiler and Assembly Optimizer
with many execution resources.
Eight 32-bit, RISC-like instructions
are fetched by the CPU each cycle.
VelociTI's instruction packing fea-
tures allow these eight instructions
to be executed in parallel, in serial,
or in parallel/serial combinations.
This optimized scheme enables sig-
nificant reductions in code size,
number of program fetches and
power consumption.

TI has added floating-point
capability to six of the eight func-
tional units available on the C6000
architecture, making the C67x
instruction set a superset of the
C62x fixed point instruction set.
Because of this, all C62x instruc-

tions will run unmodified on the
C67x CPU.

Other features of the C6000
core that contribute to its leading
performance include:

•Load-store architecture with 32
32-bit general-purpose registers

• Instruction packing for reduced
code size

•100% conditional instructions

• Hardware support for IEEE sin-
gle-precision instructions

• Hardware support for IEEE dou-
ble precision instructions

• Byte-addressability (8-, 16-, 32-
bit data)

• 32-bit address range
• 8-bit overflow protection
• Saturation
• Bit-field extract, set, clear
• Bit-counting
• Normalization

Instruction set features include:

SMJ320C67x CPU  Core and C6701 Peripherals
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C6000 Development Environment
Easy to use & efficient high-level
language development tools:
•DSP ANSI C compiler – Developed
in conjunction with the advanced
VLIW core, the compiler achieves
significant cycle-count efficiency
when compared to existing fixed-
point DSP C compilers in the mar-
ket (relative to hand-coded assem-
bly). The highly efficient C compiler
enables user to program in C lan-
guage instead of assembly lan-
guage. This results in a faster time-
to-market for the end user.
•Industry's first assembly-level opti-
mizer – parallels assembly level-
code on the fly to effectively use the
VLIW architecture. The tool sup-
ports automatic scheduling, optimiz-
ing, and separation of fine-grained
parallel tasks from linear assembly
code thereby delivering a level of
simplicity and power that is
unprecedented in assembly-level
tools.
•C Source Debugger and Simulator –
An effective state-of-the-art debug-
ger and full instruction set simulator
supports reduced time to market for
new applications. The C6000 devel-
opment environment provides an
intuitive Windows™-based graphi-
cal user interface (GUI) for both

debugging and simu-
lation. The full-fea-
tured interface
includes windows for
source, reverse
assembly, call stack,
memory, registers and
watch expressions as
well as menu and tool
bars. The debugger
and simulator offer
one-click breakpoint
settings and dialogs
for editing break

points. They also incorporate a
dynamic profiler to help users find
performance bottlenecks and
improve code efficiency. 
•Three C6000 EVMs from TI – provide
comprehensive development plat-
forms that allow developers to
benchmark their systems by running
application software on target C6000
hardware. The EVMs save design-

ers the time and expense of building
their own application development
board. The EVM options are: (1)
TMS320C62x™ EVM for fixed point
applications, (2) TMS320C67x™
EVM for floating-point applications
and (3) TMS320C62x Multi-channel
EVM for verification of multi-channel
applications. Easy-to-use, low-cost
EVM's (Evaluation Modules) and
free, time-bound evaluation versions
of the code-generation tools are
available for download from TI’s

internet site:
TI announced an enhanced version
of Code Composer Studio that
increases product robustness and
speeds time to market. The newly
released software, Code Composer
Studio 1.2, with visual linking and
profile-based compilation capabili-
ties, features DSP/BIOS II, an
enhanced version of the industry’s
first real-time kernel. Support for the
C55x™ and C64x cores are includ-
ed. The DSP/BIOS II™ software
foundation and Code Composer
Studio 1.2 IDE are key components
of the industry’s first real-time soft-
ware technology environment,
eXpressDSP.   Designed to cut soft-
ware development time in half and
increase DSP applications tenfold,
eXpressDSP software technology
sets the standard in the industry for
DSP development support. 

Code Composer Studio 1.2 fea-
tures a new profile based compiler
(PBC) and visual linker. TI improved
its C compiler and compile tools to
help programmers produce more
efficient code faster, especially in
designs based on the VLIW C6000
DSP platform. The new PBC, a
unique tool for C6000 DSPs,
enables developers to visualize and
choose the optimum trade-offs
associated with code size and per-
formance in software applications.
Code Composer Studio 1.2 simpli-
fies all aspects of the DSP devel-
opment cycle by extending the
capabilities of the Code
Composer Integrated
Development Environment
(IDE) to encompass
awareness of the
DSP target by the

host. 

The eight functional units of the C6000 core provide the compiler
and Assembly Optimizer with many execution resources.

SMJ320C62x CPU Core
Composer
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To order any of these DSP tools, contact your local TI
sales office or distributor in North America. To order in
Europe, Asia and other regions, contact the TI Product
Information Center (PIC) or your local TI distributor (visit
www.ti.com/sc/docs/distmenu.htm for distributor list-
ings). 

Prices are subject to change. For more information about
TI DSP development tools, Code Composer Studio or
eXpressDSP™ Real-Time Software Technology, visit
www.ti.com/sc/docs/tools/dsp/index.html

Code Composer Studio is the DSP development environ-
ment offering unprecedented host, target connectivity in
an easy-to-use graphical environment.  eXpress DSP
Real-Time Software Technology is a premier open DSP
software environment that combines tools and algorithm
development standards to simplify application develop-
ment and enhance innovation.
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TI Worldwide Technical Support

Internet
TI Semiconductor Home Page
www.ti.com/sc

TI Distributors
www.ti.com/sc/docs/general/distrib.htm

Product Information Centers
Americas
Phone +1(972) 644-5580
Fax +1(214) 480-7800
Internet www.ti.com/sc/ampic

Europe, Middle East, and Africa
Phone

Belgium (English) +32 (0) 27 45 55 32
France +33 (0) 1 30 70 11 64
Germany +49 (0) 8161 80 33 11
Israel (English) 1800 949 0107
Italy 800 79 11 37
Netherlands (English) +31 (0) 546 87 95 45
Spain +34 902 35 40 28
Sweden (English) +46 (0) 8587 555 22
United Kingdom +44 (0) 1604 66 33 99

Fax +44 (0) 1604 66 33 34
Email epic@ti.com
Internet www.ti.com/sc/epic

Japan
Phone

International +81-3-3344-5311
Domestic 0120-81-0026

Fax
International +81-3-3344-5317
Domestic 0120-81-0036

Internet
International www.ti.com/sc/jpic
Domestic www.tij.co.jp/pic

Asia
Phone

International +886-2-23786800
Domestic Local Access Code TI Number

Australia 1-800-881-011 -800-800-1450
China 00-800-8800-6800 -
Hong Kong 800-96-1111 -800-800-1450
India 000-117 -800-800-1450
Indonesia 001-801-10 -800-800-1450
Korea 001-800-8800-6800 -
Malaysia 1-800-800-011 -800-800-1450
New Zealand 000-911 -800-800-1450
Philippines 105-11 -800-800-1450
Singapore 800-0111-111 -800-800-1450
Taiwan 080-006800 -
Thailand 0019-991-1111 -800-800-1450

Fax 886-2-2378-6808
Email tiasia@ti.com
Internet www.ti.com/sc/apic
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Important Notice: The products and services of Texas Instruments and its
subsidiaries described herein are sold subject to TI’s standard terms and
conditions of sale. Customers are advised to obtain the most current and
complete information about TI products and services before placing orders. TI
assumes no liability for applications assistance, customer’s applications or
product designs, software performance, or infringement of patents. The
publication of information regarding any other company’s products or services
does not constitute TI’s approval, warranty or endorsement thereof.

Printed on recycled paper.
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C6000, VelociTI, Code Composer Studio, eXpressDSP,
C62x, C67x, C64x, C55x and TMS320C6000 are trademarks
of Texas Instruments Inc.  Windows and Windows/NT are
registered trademarks of the Mircosoft Corporation.  



IMPORTANT NOTICE

Texas Instruments Incorporated and its subsidiaries (TI) reserve the right to make corrections, modifications,
enhancements, improvements, and other changes to its products and services at any time and to discontinue
any product or service without notice. Customers should obtain the latest relevant information before placing
orders and should verify that such information is current and complete. All products are sold subject to TI’s terms
and conditions of sale supplied at the time of order acknowledgment.

TI warrants performance of its hardware products to the specifications applicable at the time of sale in
accordance with TI’s standard warranty. Testing and other quality control techniques are used to the extent TI
deems necessary to support this warranty. Except where mandated by government requirements, testing of all
parameters of each product is not necessarily performed.

TI assumes no liability for applications assistance or customer product design. Customers are responsible for
their products and applications using TI components. To minimize the risks associated with customer products
and applications, customers should provide adequate design and operating safeguards.

TI does not warrant or represent that any license, either express or implied, is granted under any TI patent right,
copyright, mask work right, or other TI intellectual property right relating to any combination, machine, or process
in which TI products or services are used. Information published by TI regarding third–party products or services
does not constitute a license from TI to use such products or services or a warranty or endorsement thereof.
Use of such information may require a license from a third party under the patents or other intellectual property
of the third party, or a license from TI under the patents or other intellectual property of TI.

Reproduction of information in TI data books or data sheets is permissible only if reproduction is without
alteration and is accompanied by all associated warranties, conditions, limitations, and notices. Reproduction
of this information with alteration is an unfair and deceptive business practice. TI is not responsible or liable for
such altered documentation.

Resale of TI products or services with statements different from or beyond the parameters  stated by TI for that
product or service voids all express and any implied warranties for the associated TI product or service and
is an unfair and deceptive business practice. TI is not responsible or liable for any such statements.
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Texas Instruments
Post Office Box 655303
Dallas, Texas 75265
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