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|The PMP31179 Rev_A board is built on PMP30763 Rev_D PCB

M. TRACK WDTH: 8 ML
MIN. CLEARANCE: 0.2 mm
MN. VA PAD SIZE: _24 ML
MINMUM ANNULAR RING 0.05mm (2MIL) EXTERNAL
PER IPC—D—-275 CLASS 2 LEVEL C
REGISTRATION TOLERANCES: METAL +/- _5 ML, HOLES +,~_3 ML
HOLE SIZE TOLERANCE (UNLESS OTHERWISE SPECIFIED): +,- 3 ML

MATERIAL:

[ rr-408 FR—4 High Tg [| OTHER
THICKNESS: [X]62 ML (1.6mm) +/-10% [ | OTHER
TOLERANCE: ANSI PC-6012 TYPE 3 CLASS 2

[] o™eR +/-

ANSI PC—-6012 TYPE 3 CLASS 2
] om™er +-~

DRLLING:

REFERENCE: AS SHOWN  [X]NC_DRLL FLES
PTH COPPER THCKNESS: [X]20-30 um [ _JOTHER

BOARD FINISH:
SLKSCREEN: TP [X]BOTTOM
SLKSCREEN COLOR: [X]WHTE [ ] OTHER
SOLDER RESIST COLOR: [X]GREEN ~ [] OTHER
ATEE [ | SEM-GLOSS

SURFACE FNISH: MMERSION GOLD (ENG) [ ] ENEPG
[] Mv. TN/SLVER OR EQUV  [] OTHER
ARRAY/PANEL:  [] CUT AND TRM PER M1 BOARD OUTLINE

[] Nc. ROUTE V. SCORE

CERTFICATION:  MATERIALS AND WORKMANSHIP FOR ALL PCBS
TO MEET OR EXCEED THE REQUIREMENTS OF:

ANSI PC—A—600F CLASS —> [ |1 [x]2 []3
RoHS ~ [] OTHER _PER ORDER
ALL BOARDS MUST MEET OR EXCEED UL94—VO REQUREMENTS.
PCB MUST BEAR THE UL94V—0 UL REGISTERED MATERIAL D NUMBER

ADDITIONAL REQUIREMENTS:
MICROSECTION:

BARE BOARD ELEC. TEST: [_|NONE [X]REQURED [_]PER ORDER
DXX ML VAS REQURE NON—CONDUCTIVE FILL AND PLANARIZE
[CIXX ML VIAS REQURE CONDUCTIVE FILL AND PLANARIZE

DOUTER XX ML TRACES REQURE 50 OHM SINGLE—ENDED IMPEDANC]
DLAYER 2 & 3 (NNER LAYERS) XX ML WIDE, XX ML SPACE
TRACES REQUIRE 100 OHM DIFFERENTIAL IMPEDANCE
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